
Turnbuckle with 2 welding
studs DIN 1480 Steel S235JR
Zinc plated M10
Article number 16161.100.001

Brand -

UBB 500648371853

UNSPSC 31162405

EAN 8717077217607

PKG. of 1 Full Box Only

Technical Parameters

Diameter M10

Material Steel

Material technical S235JR

Surface treatment Zinc plated

Thread Metric thread

Info With 2 welding studs
to DIN 34828 in steel
S235JR

Standards

DIN 1480

Technical Specification

d-D M10

e 30

L1 125

L2 (max.) 407

L2 (min.) 300

P 1.5

Technical Drawing


