
Hexagon head screw ISO
4017 Steel 25CrMo4+QT
(1.7218) Zinc plated for
pressure vessels M12X55
Article number 23035.120.055

Brand -

UBB 500648410396

UNSPSC 31161620

EAN 8717077248441

PKG. of 100 Full Box Only

Technical Parameters

Diameter M12

Length 55 mm

Driving features Hexagon

Head shape Hexagon head

Material Steel

Material technical 25CrMo4+QT
(1.7218)

Thread direction Right

Surface treatment Zinc plated

Thread Metric thread

Info Approved for use
in accordance
with the PED
(Pressure Equipment
Directive).Certificate
EN 10204 3.1
available on request
against a charge.for
pressure vessels

Standards

DIN 933

NF E25-114

ISO 4017

ASME B18.2.3.1M

NEN 1568

Technical Specification

d-D M12

k 7.5

L (mm) 55

P 1.75

Technical Drawing
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