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What is a cable gland?

A cable gland is a special type of cable entry. It is a product for safely feeding cables through a wall, cabinet 
system or junction box as protection against continuous rubbing/abrasion and to prevent liquids and gasses 
from leaking along the cable. Therefore, the product is used to attach and secure the end of electrical cables to 
an intended device or end point

Why cable glands?

Any opening through which cables run is a weak spot. Damage to your cables, equipment and even short 
circuits are risks you want to prevent. A cable gland is the solution to achieve protection against external 
influences. The cable gland ensures a safe and complete seal. 

A cable gland guarantees, among other things, grounding, bonding, insulation and strain relief. The main 
purpose of a cable gland is to ensure a safe seal, which guarantees the protection of electrical equipment and 
housings.

The choice for the correct type of cable gland depends on the application. It is important that you take into 
account the following

protective properties:

• Protection against various environmental influences. Does the product have to be resistant to water and 
moisture, UV radiation, dust, et cetera? If you work in an environment with a risk of explosion, you choose 
the special Ex version.

• Protection against chemicals, such as liquids, acids, salts, bases, chlorides, etc. Chemical resistance may 
be necessary due to environmental influences, but also due to the use of certain maintenance products.

• Mechanical protection, if there is voltage on the cables. A big advantage of cable glands is their robustness. 
Also, it is important to determine in advance whether the cables should be able to move. In other words: is 
there static or dynamic tensile stress?

• Thermal protection, such as operating temperature (heat resistance) and product lifetime.

• Electromagnetic protection to prevent malfunctions in situations with multiple electronic components. EMC 
versions (electromagnetic compatibility) are used in these situations.

Protective properties of cable glands
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Choose the right material quality

The cable gland assortment consists of the materials plastic and brass. The plastic cable glands are available 
in the material quality Polyamide 6. The metal cable glands are available in nickel-plated brass.

For standard applications without extreme weather influences, choose plastic cable glands. If there are 
significant weather conditions, you probably need nickel-plated brass. If there is a high degree of chemical 
substances, corrosion or exposure to salt, stainless steel is often the right choice. 

The German brand JACOB

Thread types: metric and Pg

In addition to cable glands, FABORY also supplies accessories for cable glands. You can think of, among other 
things, locknuts, screw plugs, reducers, elbow cable glands and O-rings. These accessories ensure an 
extensive range of complementary products for your cable glands. As a result, you are guaranteed to find the 
products you are looking for.

Cable glands accessories

Jacob is one of the largest and most reliable cable gland specialists in the world. All Jacob cable glands are of 
high quality and guarantee a safe cable entry.

FABORY offers the cable gland thread types metric and Pg. The universal standard in the market is metric. The 
pitch is always 1.5 mm, regardless of the size of the cable gland. Furthermore, the product has a top angle of 
60 degrees.

Pg has a varying pitch length. This depends on the size of the cable gland. Pg is the old German industry 
standard and has a top angle of 80 degrees.



JACOB PERFECT 
plastic cable glands 
(metric)

A cable gland ensures that a cable running to a 
junction box is attached safely and securely. 
Our plastic cable glands are used for general 
purposes, in environments where extreme 
conditions do not occur. 

Properties

Material Plastic

Quality class Polyamide PA6 V-2

Operating temperature -20°C up to + 100°C

Degree of protection (IP) IP68 – 5 bar

Thread type Metric (EN 60423)

A ØC L SW1 SW2 H VPE Art. No.

M12X1,5 3.0 - 6.5 8 15 15 31 100 43320.127.035

M16X1,5 5.0 - 9.5 8 20 20 35.5 100 43320.167.035

M20X1,5 8.0 - 13.0 8 24 24 36 100 43320.207.035

M25X1,5 11.0 - 17.0 8 39 39 43 50 43320.257.035

M32X1,5 15.0 - 21.0 10 36 36 50 25 43320.327.035

M40X1,5 19.0 - 28.0 10 56 56 51 10 43320.407.035

M50X1,5 27.0 - 35.0 12 55 55 61.5 5 43320.507.035

M63X1,5 32.0 - 42.0 12 68 68 65.5 5 43320.637.035
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RAL7035 light grey

A ØC L SW1 SW2 H VPE Art. No.

M12X1,5 3.0 - 6.5 8 15 15 31 100 43320.129.005

M16X1,5 5.0 - 9.5 8 20 20 35.5 100 43320.169.005

M20X1,5 8.0 - 13.0 8 24 24 36 100 43320.209.005

M25X1,5 11.0 - 17.0 8 39 39 43 50 43320.259.005

M32X1,5 15.0 - 21.0 10 36 36 50 25 43320.329.005

M40X1,5 19.0 - 28.0 10 56 56 51 10 43320.409.005

M50X1,5 27.0 - 35.0 12 55 55 61.5 5 43320.509.005

M63X1,5 32.0 - 42.0 12 68 68 65.5 5 43320.639.005

RAL9005 black



JACOB plastic 
locknuts (metric)

These plastic Jacob hexagonal locknuts 
ensure that you can securely and safety attach 
cable glands. With metric thread. Resistant to 
temperatures ranging from -40°C to +100°C. 
Available in light grey (RAL7035) and black 
(RAL9005).

Properties

Material Plastic

Quality class Polyamide PA6 GF30

Operating temperature -40°C up to + 100°C

Thread type Metric (EN 60423)

A SW1 H VPE Art. No.

M12X1,5 17 5 100 12408.127.035

M16X1,5 22 5 100 12408.167.035

M20X1,5 27 6 100 12408.207.035

M25X1,5 32 6 100 12408.257.035

M32X1,5 42 7 100 12408.327.035

M40X1,5 40 7 50 12408.407.035

M50X1,5 60 8 50 12408.507.035

M63X1,5 75 8 50 12408.637.035
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RAL7035 light grey

RAL9005 black

A SW1 H VPE Art. No.

M12X1,5 17 5 100 12408.129.005

M16X1,5 22 5 100 12408.169.005

M20X1,5 27 6 100 12408.209.005

M25X1,5 32 6 100 12408.259.005

M32X1,5 42 7 100 12408.329.005

M40X1,5 40 7 50 12408.409.005

M50X1,5 60 8 50 12408.509.005

M63X1,5 75 8 50 12408.639.005



JACOB plastic 
screw plugs (metric)

Screw plugs are used for covering unused 
cable entries in for example a junction box. 
Available in the colors light grey (RAL7035) 
and black (RAL9005). Resistant to 
temperatures ranging from -40°C to +100°C. 
Metric thread.

Properties

Material Plastic

Quality class Polyamide PA6 GF30

Operating temperature -40°C up to + 100°C

Degree of protection (IP) IP54

Thread type Metric (EN 60423)
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RAL7035 light grey

RAL9005 black

A L H Da VPE Art. No.

M12X1,5 6 10 15 100 65400.129.005

M16X1,5 6 10.5 20 100 65400.169.005

M20X1,5 6 10.5 24 100 65400.209.005

M25X1,5 8 13 30 100 65400.259.005

M32X1,5 8 13.5 37 100 65400.329.005

M40X1,5 8 14 46 50 65400.409.005

M50X1,5 10 16.5 56 50 65400.509.005

M63X1,5 12 17 70 50 65400.639.005

A L H Da VPE Art. No.

M12X1,5 6 10 15 100 65400.127.035

M16X1,5 6 10.5 20 100 65400.167.035

M20X1,5 6 10.5 24 100 65400.207.035

M25X1,5 8 13 30 100 65400.257.035

M32X1,5 8 13.5 37 100 65400.327.035

M40X1,5 8 14 46 50 65400.407.035

M50X1,5 10 16.5 56 50 65400.507.035

M63X1,5 12 17 70 50 65400.637.035



JACOB plastic 
reducers (metric)

These plastic reducers, made by Jacob, enable 
you to use a cable gland with a smaller thread 
size with, for example, a junction box with a 
larger thread size. With metric thread. 
Available in light grey (RAL 7035) and black 
(RAL 9005).

Properties

Material Plastic

Quality class Polyamide PA6 GF30

Operating temperature -40°C up to + 100°C

Thread type Metric (EN 60423)

A L H VPE Art. No.

M12X1,5 17 5 100 65400.127.035

M16X1,5 22 5 100 65400.167.035

M20X1,5 27 6 100 65400.207.035

M25X1,5 32 6 100 65400.257.035

M32X1,5 42 7 100 65400.327.035

M40X1,5 40 7 50 65400.407.035

M50X1,5 60 8 50 65400.507.035

M63X1,5 75 8 50 65400.637.035
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RAL7035 light grey

A B L SW1 H VPE Art. No.

M16X1,5 M12X1,5 8 24 12 100 56303.160.120

M20X1,5 M12X1,5 8 24 12 100 56303.200.120

M20X1,5 M16X1,5 8 24 12 100 56303.200.160

M25X1,5 M12X1,5 8 29 14 100 56303.250.120

M25X1,5 M16X1,5 8 29 14 100 56303.250.160

M25X1,5 M20X1,5 8 29 14 100 56303.250.200

M32X1,5 M20X1,5 10 36 16 50 56303.320.210

M32X1,5 M16X1,5 10 36 16 50 56303.320.160

M32X1,5 M20X1,5 10 36 16 50 56303.320.200

M32X1,5 M25X1,5 10 36 16 50 56303.320.250

M40X1,5 M16X1,5 10 46 16 50 56303.400.160

M40X1,5 M20X1,5 10 46 16 50 56303.400.200

M40X1,5 M25X1,5 10 46 16 50 56303.400.250

M40X1,5 M32X1,5 10 46 16 50 56303.400.320

M50X1,5 M20X1,5 12 55 18 25 56303.500.200

M50X1,5 M25X1,5 12 55 18 25 56303.500.250

M50X1,5 M32X1,5 12 55 18 25 56303.500.320

M50X1,5 M40X1,5 12 55 18 25 56303.500.400

M63X1,5 M32X1,5 12 68 18 25 56303.630.320

M63X1,5 M40X1,5 12 68 18 25 56303.630.400

M63X1,5 M50X1,5 12 68 18 25 56303.630.500



JACOB plastic 
reducers (metric)

These plastic reducers, made by Jacob, enable 
you to use a cable gland with a smaller thread 
size with, for example, a junction box with a 
larger thread size. With metric thread. 
Available in light grey (RAL 7035) and black 
(RAL 9005).

Properties

Material Plastic

Quality class Polyamide PA6 GF30

Operating temperature -40°C up to + 100°C

Thread type Metric (EN 60423)

A L H VPE Art. No.

M12X1,5 17 5 100 65400.127.035

M16X1,5 22 5 100 65400.167.035

M20X1,5 27 6 100 65400.207.035

M25X1,5 32 6 100 65400.257.035

M32X1,5 42 7 100 65400.327.035

M40X1,5 40 7 50 65400.407.035

M50X1,5 60 8 50 65400.507.035

M63X1,5 75 8 50 65400.637.035

sales@fabory.com | www.Fabory.com

RAL9005 black

A L H Da VPE Art. No.

M12X1,5 6 10 15 100 65400.127.035

M16X1,5 6 10.5 20 100 65400.167.035

M20X1,5 6 10.5 24 100 65400.207.035

M25X1,5 8 13 30 100 65400.257.035

M32X1,5 8 13.5 37 100 65400.327.035

M40X1,5 8 14 46 50 65400.407.035

M50X1,5 10 16.5 56 50 65400.507.035

M63X1,5 12 17 70 50 65400.637.035

A B L SW1 H VPE Art. No.

M16X1,5 M12X1,5 8 24 12 100 56304.160.120

M20X1,5 M12X1,5 8 24 12 100 56304.200.120

M20X1,5 M16X1,5 8 24 12 100 56304.200.160

M25X1,5 M12X1,5 8 29 14 100 56304.250.120

M25X1,5 M16X1,5 8 29 14 100 56304.250.160

M25X1,5 M20X1,5 8 29 14 100 56304.250.200

M32X1,5 M20X1,5 10 36 16 50 56304.320.120

M32X1,5 M16X1,5 10 36 16 50 56304.320.160

M32X1,5 M20X1,5 10 36 16 50 56304.320.200

M32X1,5 M25X1,5 10 36 16 50 56304.320.250

M40X1,5 M16X1,5 10 46 16 50 56304.400.160

M40X1,5 M20X1,5 10 46 16 50 56304.400.200

M40X1,5 M25X1,5 10 46 16 50 56304.400.250

M40X1,5 M32X1,5 10 46 16 50 56304.400.320

M50X1,5 M20X1,5 12 55 18 25 56304.500.200

M50X1,5 M25X1,5 12 55 18 25 56304.500.250

M50X1,5 M32X1,5 12 55 18 25 56304.500.320

M50X1,5 M40X1,5 12 55 18 25 56304.500.400

M63X1,5 M32X1,5 12 68 18 25 56304.630.320

M63X1,5 M40X1,5 12 68 18 25 56304.630.400

M63X1,5 M50X1,5 12 68 18 25 56304.630.500



JACOB PERFECT 
plastic cable gland 
(PG)

A cable gland ensures that a cable running to a 
junction box is attached safely and securely. 
Our plastic cable glands are used for general 
purposes, in environments where extreme 
conditions do not occur. 

Properties

Material Plastic

Quality class Polyamide PA6 V-2

Operating temperature -20°C up to + 100°C

Degree of protection (IP) IP68 – 5 bar

Thread type PG (DIN 40430)

A ØC L SW1 SW2 H VPE Art. No.

PG7 3.0 - 6.5 8 15 15 30.5 100 43326.077.035

PG9 4.0 - 8.0 8 19 19 34 100 43326.097.035

PG11 5.0 - 10.0 8 22 22 37 100 43326.117.035

PG16 10.0 - 14.0 10 27 27 42.5 50 43326.167.035

PG21 13.0 - 18.0 11 33 33 47.5 25 43326.217.035

PG13,5 6.0 - 12.0 9 24 24 39 100 43326.137.035
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RAL7035 light grey

A ØC L SW1 SW2 H VPE Art. No.

PG7 3.0 - 6.5 8 15 15 30.5 100 43326.079.005

PG9 4.0 - 8.0 8 19 19 34 100 43326.099.005

PG11 5.0 - 10.0 8 22 22 37 100 43326.119.005

PG16 10.0 - 14.0 10 27 27 42.5 50 43326.169.005

PG21 13.0 - 18.0 11 33 33 47.5 25 43326.219.005

PG13,5 6.0 - 12.0 9 24 24 39 100 43326.139.005

RAL9005 black



JACOB plastic 
locknuts (PG)

These plastic Jacob hexagonal locknuts 
ensure that you can securely and safety attach 
cable glands. With Pg thread. Resistant to 
temperatures ranging from -40°C to +100°C. 
Available in light grey (RAL7035) and black 
(RAL9005).

Properties

Material Plastic

Quality class Polyamide PA6 GF30

Operating temperature -40°C up to + 100°C

Thread type PG (DIN 40430)

A SW1 H VPE Art. No.

PG7 19 5 100 12406.077.035

PG9 22 5 100 12406.097.035

PG11 24 5 100 12406.117.035

PG16 30 6 100 12406.167.035

PG21 36 7 100 12406.217.035

PG13,5 27 6 100 12406.137.035
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RAL7035 light grey

RAL9005 black

A SW1 H VPE Art. No.

PG7 19 5 100 12406.079.005

PG9 22 5 100 12406.099.005

PG11 24 5 100 12406.119.005

PG16 30 6 100 12406.169.005

PG21 36 7 100 12406.219.005

PG13,5 27 6 100 12406.139.005



JACOB PERFECT 
brass cable gland 
(metric)

Jacob brass cable glands are nickel-plated. 
Easy to use, with twist protection, contains 
integrated anchoring and with a large sealing 
range. This version has a metric thread.

Properties

Material Brass CuZn39Pb3

Surface protection Nickel-plated

Operating temperature -20°C up to + 100°C

Degree of protection (IP) IP68 – 5 bar

Thread type Metric (EN 60423)

Approvals EN 62444 / UL 514B

A ØC L SW1 SW2 H VPE Art. No.

M12X1,5 3.0 - 6.0 5 14 14 25 100 47810.120.150

M16X1,5 5.0 - 9.0 5 17 17 30 100 47810.160.150

M20X1,5 9.0 - 13.0 6 22 22 33.5 100 47810.200.150

M25X1,5 11.0 - 16.0 7 27 27 36.5 50 47810.250.150

M32X1,5 14.0 - 20.0 8 34 34 38 25 47810.320.150

M40X1,5 19.0 - 27.0 8 43 43 41 10 47810.400.150

M50X1,5 24.0 - 35.0 9 55 55 49.5 5 47810.500.150

M63X1,5 32.0 - 42.0 10 65 65 52.5 5 47810.630.150
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A ØC L SW1 SW2 H VPE Art. No.

M16X1,5 5.0 - 9.0 5 17 17 25 100 47820.160.150

M20X1,5 9.0 - 13.0 6 22 22 30 100 47820.200.150

M25X1,5 11.0 - 16.0 7 27 27 33.5 100 47820.250.150

M32X1,5 14.0 - 20.0 8 34 34 36.5 50 47820.320.150

EMVD version (Electromagnetic and Mechanical 
Vibration Damping)



JACOB locknuts 
brass (metric)

The Jacob brass hexagonal locknuts are 
nickel-plated and are used for the secure 
fastening of cable glands and accessories.

Properties

Material Brass CuZn39Pb3

Surface protection Nickel-plated

Operating temperature -60°C up to + 200°C

Thread type Metric (EN 60423)

A SW1 H VPE Art. No.

M12X1,5 15 2.8 100 46042.120.150

M16X1,5 19 2.8 100 46042.160.150

M20X1,5 24 3 100 46042.200.150

M25X1,5 30 3.5 100 46042.250.150

M32X1,5 36 4 100 46042.320.150

M40X1,5 46 5 50 46042.400.150

M50X1,5 60 5 50 46042.500.150

M63X1,5 70 6 50 46042.630.150
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A SW1 H VPE Art. No.

M12X1,5 15 2.8 100 46051.120.150

M16X1,5 19 2.8 100 46051.160.150

M20X1,5 24 3 100 46051.200.150

M25X1,5 30 3.5 100 46051.250.150

M32X1,5 36 4 100 46051.320.150

EX version



JACOB reducer 
brass (metric)

These brass Jacob reducers, with metric 
thread, enable you to use a cable gland with a 
smaller thread with, for example, a junction 
box with a larger thread.

Properties

Material Brass CuZn39Pb3

Surface protection Nickel-plated

Operating temperature -60°C up to + 200°C

Degree of protection (IP) Depending on the combination with 
other components

Thread type Metric (EN 60423)

A B L H Da VPE Art. No.

M16X1,5 M12X1,5 6 8.5 20 100 87040.160.120

M20X1,5 M12X1,5 6.5 9 24 100 87040.200.120

M20X1,5 M16X1,5 6.5 9 24 100 87040.200.160

M25X1,5 M16X1,5 7 10 30 100 87040.250.160

M32X1,5 M20X1,5 8 11.5 39 50 87040.320.200

M32X1,5 M25X1,5 8 11.5 39 50 87040.320.250

M40X1,5 M25X1,5 9 12.5 50 25 87040.400.250

M40X1,5 M32X1,5 9 12.5 50 25 87040.400.320

M50X1,5 M32X1,5 10 14 57 10 87040.500.320
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JACOB screw plugs 
brass (metric)

These brass Jacob screw plugs, with metric 
thread, are used for the covering of unused 
cable entries in for example junction boxes.

Properties

Material Brass CuZn39Pb3

Surface protection Nickel-plated

Operating temperature -60°C up to + 200°C

Degree of protection (IP) IP54

Thread type Metric (EN 60423)

A L H Da VPE Art. No.

M12X1,5 5 8 16 100 47216.120.150

M16X1,5 6 9 20 100 47216.160.150

M20X1,5 6.5 9.5 24 100 47216.200.150

M25X1,5 7 11 28 100 47216.250.150

M32X1,5 8 12 35 50 47216.320.150

M40X1,5 8 12 45 50 47216.400.150

M50X1,5 9 15 55 25 47216.500.150

M63X1,5 10 17 68 10 47216.630.150
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